
The easy-to-use EMC Gland

The easy-to-use EMC gland.

The SKINTOP® MS-SC Screen 
Connection is the ideal gland for 
all Copper-screened cables. The 
widely variable clamping ranges 
greatly simplify mounting and 
allocation and thus permit 
economic storage.

The SKINTOP® MS-SC looks like 
a normal gland, but contacts the 
screen much more rapidly than 
any other system.

With the SKINTOP® MS-SC the cable is centralized, attached,strain-relieved and 
hermetically sealed (IP 68). You introduce the cable, ensure the screening braid is in 
the contacting spring, and twist tight. With the SKINTOP® MS-SC the cable's 
screening braid is not only there for mechanical strength, but also helps achieve an 
optimum low resistance screen contact.

TECHNICAL DATA

Protection Class: IP68

Temperature: -30°C to + 100°C

Part Number PG Size Thread length mm Outside
diameter mm

Minimum Ø over
braid mm

5311 2210
5311 2310
5311 2220
5311 2320
5311 2230
5311 2330
5311 2240
5311 2340
5311 2250
5311 2350
5311 2260
5311 2360
5311 2270

9
9
11
11
13.5
13
16
16
21
21
29
29
36

6
12
6
12
6.5
12
6.5
12
7
12
8
15
15

3 - 8
3 - 8
4 - 10
4 - 10
6 - 12
6 - 12
8 - 14
8 - 14
11 - 18
11 - 18
16 - 25
16 - 25
19 - 32

4
4
4
4
4
4
6
6
8
8
13
13
16
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Please click below to choose another gland from this section:

NYLON CABLE GLANDS 

SKINTOP® PG, ISO metric, ST-M
SKINTOP® B - for Strain Relief
SKINTOP® ST, STR, BS & STE

SKINTOP® BT 

SKINTOP® K-M, KR-M ATEX
SKINTOP® KR1-M ATEX 
SKINTOP® K-M, KR-M ATEX Blue
SKINTOP® KR1-M ATEX Blue
SKINTOP® Accessories

BRASS CABLE GLANDS 

SKINTOP® MS-SC - EMC Gland
SKINTOP® MS

SKINTOP® MSR

SKINDICHT® MSE

SKINDICHT® SHZ

SKINTOP® MS-EX EExe II-C-Generation
SKINDICHT® SVF - for Flat cable
SKINDICHT® SVRE
SKINDICHT® SKZ- for Braided cable
SKINDICHT® SHV
SKINTOP® SHV-Viton
- for high temperatures

SKINDICHT® SHVE
SKINDICHT® SR - for Strain Relief
SKINDICHT® SR-SV- for high temperatures
SKINDICHT® SRE - Strain Relief for braided cable
SKINDICHT® SR-SVE - for high temperatures
E1XF - for high temperatures
A2F - Flameproof brass glands
CX - for braided cable
A2

BRASS GLAND COMPONENTS:
SKINDICHT® ME & MR, SKINDICHT® SM & BL
SKINDICHT® ZS-i Converters, SKINDICHT® EH

Or click below if you wish to go to the next section or return to products contents page:

next section |
(Cable Accessories) 

| return to product contents page
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