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A3S0-2 0 50 1.97
A3S1-2 1 50 1.97
A3S1-2.75 1 70 2.76
A3S1-3 1 75 2.95
A3S1-3.5 1 90 3.54
A3S1-4 1 100 3.94
A3S1-6 1 150 5.91
A3S2-1.2 2 30 1.18
A3S2-1.6 2 40 1.57
A3S3-2 3 50 1.97
A3S3-2.75 3 70 2.76

Part No Point L L
 Size mm in

PHILLIPS POWER BITS

L

12

A3W1-3 1 75 2.94
A3W1-4 1 100 3.94
A3W2-2 2 50 1.97
A3W2-3 2 75 2.94
A3W2-4 2 100 3.94
A3W2-6 2 150 5.91
A3W2-8 2 200 7.87
A3W2-10 2 250 9.84
A3W2-12 2 300 11.81
A3W3-2 3 50 1.97
A3W3-3 3 75 2.94
A3W3-4 3 100 3.94
A3W3-6 3 150 5.91
A3W3-8 3 200 7.87

Double-Ended

TORX POWER BITS

MAG-O-NETS®*

A3T6-2 T6 50 1.97
A3T7-2 T7 50 1.97
A3T7-2.75 T7 70 2.76
A3T7-3.5 T7 90 3.54
A3T7-6 T7 150 5.91
A3T8-2 T8 50 1.97
A3T9-2.75 T9 70 2.76

AM1/4Z 7 MM 19 MM 10 MM
AM5Z 6 MM 17.5 MM 10 MM
AM3/16Z 3/16 17.5 MM 10 MM

Part No Torx L L
 Size mm in

Part No Torx L L
 Size mm in

H

L

A3B1/4-2 1/4” 50 1.97
A3B1/4-2.5 1/4” 63 2.50
A3B5/16-2 5/16” 50 1.97
A3B5/16-2.5 5/16” 63 2.50
A3B3/8-2 3/8” 50 1.97
A3B3/8-2.5 3/8” 63 2.50
A3B05-2.75 5 mm 70 2.76
A3B55-1.2 5.5 mm 30 1.18
A3B55-2.75 5.5 mm 70 2.76
A3B55-4 5.5 mm 100 3.94
A3B06-2.75 6 mm 70 2.76
A3B07-1.2 7 mm 30 1.18
A3B07-2 7 mm 50 1.97
A3B07-2.75 7 mm 70 2.76
A3B07-4 7 mm 100 3.94
A3B08-1.2 8 mm 30 1.18
A3B08-2 8 mm 50 1.97
A3B08-2.75 8 mm 70 2.76
A3B08-4 8 mm 100 3.94
A3B08-6 8 mm 150 5.91
A3B08-8 8 mm 200 7.87
A3B09-2.75 9 mm 70 2.76
A3B09-4 9 mm 100 3.94
A3B10-1.2 10 mm 30 1.18
A3B10-2 10 mm 50 1.97
A3B10-2.75 10 mm 70 2.76
A3B11-2.75 11 mm 70 2.76
A3B12-1.2 12 mm 30 1.18
A3B13-2.75 13 mm 70 2.76
A3B14-2.75 14 mm 70 2.76
A3B16-2.75 16 mm 70 2.76
A3B17-2.75 17 mm 70 2.76

Part No Hex L L
  mm in

NUTSETTERS

For custom parts, please contact us  
for more information.
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*U.S. Patent 5861789

Additional types and sizes of fastener tools are available upon request.

STANDARD FASTENER TOOLS 
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