Material Safety Data Sheet

No.SCIE-F-120 -

JOENTITY §x3.2 FRIT LID (DWG No.A-009187-01)
Section 1
Manufacturer's Name Emergonoy Telephone Nunbor
KYOCERA CORPORATION
Address
6 Tobadono~CHO, ‘
Takoda, Fushimi—KU, Kyoto 612-8501
~dspan.
Contact Point: KNoto
Title: Engineering degartment manager of
COMMUNICATION COMPONENTS DIVISION W
Seaotion I — Hezardous M'g_vwbﬁnmﬂ@
Hazardous Components CAS NO. ACGH W96
Aluminum oxide A0, 1344-26-1 TLV:10mg/m’ Abave 63
Titanium oxile TiO, 13463-87-7 TLV:10mg/m’ . Belowd
Chromium oxide  CrgO4 1308-38-9 TLV:05mg/m¥(as Or) Below 2
Manganess oxide  MnO, 1313-13-9 TLV:0.2mg/mXas Mn) Below 3
Gobalt axide Co0,  1308-06-1 TLV:0.02mg/m*(as Co) Below 05
Sliioon oxide © SI0, 14808-60~7 TLV:0.1mg/m*(as Powder) Below 3
Magnesium oxide  MgO 1309-48-4 TLV:10mg/m (as Fume) Below 0.5
Iron oxide Fe;05 1309-37-1 TLV:5mg/m’(as Fe) Below 2
Caloium oxide Ca0 1305-76-6 TLV2mg/m® Below 05
Lead oxide PbO 1317-36-8 TLV:0.05mg/m’(as Pb) Below 18
Lead fluoride PbF, 7783462 TLV:0.05mg/m’(as Pb) Below 8
Niobium oxide NbOg 1313-66-8 - Below 2
Bismuth oxide BisO; 1304763 - Below 3
Zino axide ZnO 1314-13-2 TLV:10mg/m*(as dust) - Below 2
Copper oxide Cuo 1317-38-0 TLV:img/m¥as dust) Below 1
Boron oxide B,0;, 1303-86-2 TLV:10mg/m’ _ Below 2
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No.SC3IE-F-120

.m' Il —Physical/Chemical Charagtsristios

BofingPoint Nt applicable _ solfic Not
Vapor Pressure  Not epplicable . Softening Point 275°C(Seal Glass)
Vapor Density Not applicable i N jcable
Solublity in Watsr __Insoluble ' .
and Odor Bl Bottle green{Seal and no small

jon IV ~Fire and Explosion Data
Flash Poini(Method Used) _ Not applioable ___[Flammable Limits ___ Notspplioable
Extinguishing Madia Not applioable :
Special Fire Fighting Procedures None

Unusua! Fire and Explosion Not combustible but seal glass forms lsad fume.

on V ive Data '
iosﬁ_;&‘%__
Stability {Unstable Condition to Avoid

None
|Condition to Avoid
x .
Route(s) of Entry  Inhalation? Skin? . Ingestion?
Will Not Occur Wil ot
Health Hazards(Aoute and Chronio) '
Not spoliosble. __
Oarvinogenioity ' NTP? IARC Monographs?  OSHA Reguisted?
' Not gpplicable Not appliosble Not spplicable
Signs and Symptoms of Exposurs _ Not sppiicable
Mediost Condition Generslly Aggravated by Exposure
Not applicable
Emergancy and First Procadures ‘ .

First hoid the eyelids open end fiush the eyes with plenty of fresh watsr.
Then take a dootor. -
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Sectiori W - —Precautions for Safe Handing and Uss
Steps to be Taken in Case Materia! s Releaseq of Spilled

Collect the § Into a oontainer for dis
Wasts Disposal Method . .
material can osed to bury gccording to Fed S Looal Regulations.
Progaution t5 be Takan in Handling and Storing
Handling:
Do nat drop material. Donotkmokmatamls aitamately or against hard sofids.
Use gioves in cuse of touching to materials directly.
Indoor storags In ion. Keep apart from strong salds

‘Setion Wi ~Cortrol Messurs

. Raspiratery Protection(Spesific Type)
Extra personal protectior: P2 fiiter respirstor for harmiul partioles, in case of he

Ventilation Local Exhaust Speocial
Maintain levels below ACQIH. | _ Not applicebla
Maechenical(General) Other
Not applicable Not applicsble

Protective Gloves Eye Protection

_Uss goves _ ' ' Uss safety goggles, in cass of heating In air.

Other Protsctive Clothing or Equipment

Unnecsssary _
Work/Hygienic Practices

Depending on the degree of erfodic medioal is [ndl
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