ol RACKMOUNT POWER OUTLET STRIP FoRT POS-193 & POS-193-S
MOLDED ON 3-PRONG PLUG
14 GAUGE 3 VIRE POVER CORD 1> AW 125 VILT
15 FODT LONG — GROUNDING TYPE 15 AMP 125 VOLT
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CIRCUIT BREAKER THERMAL TYPE ILLUMINATED SURGE PROTECTION INDICATOR LAMP
15 AMP 125 VOLT DN/ OFF SWITCH 15 AMP 125 VOLT LENS COLOR - RED
MATERIAL: WITH RESET BUTTON COLOR - RED #4POS-193-S ONLY*x
HOUSING - 20 GA. STEEL 13 AMP 123 VLT
FINISH:
HOUSING - SMODOTH BLACK NOTE: #POS-193-S IS SURGE SUPPRESSED VERSION,

FACE PLATE - TEXTURED BLACK
RECEPTACLES & POWER CORD - BLACK




