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NEUTRAL(BLUE) 8@ CE NEUTRAL(BLUE) NOTE :
1. ALL DIMENSIONS IN mm.
. 2. THIS PART CAN BE MANUFACTURED AT ANY LOCATION
WHICH HAS SAFETY APPROVAL.
3. RoHS COMPLIANT.
4. LABEL DETAILS:

REFER TO LABEL DWG. NO.: VL—0234.
. PACKAGING QTY : 160 PCS PER CARTON.

. THE WITHDRAWAL FORCE OF CONNECTOR V1625 IS ABLE TO MEET
I N 30N~45N WHEN MATING WITH THE APPLIANCE INLET WITH NOMINAL

4 DIMENSIONS.
L1 - , 7. CARTON BOX MUST HAVE A LABEL/STAMP SAYING : “ THIS PACKAGE
CONTAINS CORDS HAVING GROUNDING CONDUCTOR WITH GREEN/YELLOW
200450 COLOUR INSULATOR, GROUNDED CONDUCTOR WITH BLUE COLOUR
INSULATOR AND LIVE CONDUCTOR WITH BROWN COLOUR INSULATOR ”.
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5 PRINTED LABEL VL—-0234 1
APPROVED SOURCE FOR CABLE 4 6" PE TIE BLK 6310056 1
1. BAO HING(SHENZHEN). IP60G NL7976B BLK 4100115 -
@ c @ ﬂ NXXXXX 3 MOLDED CONNECTOR V1625 (10A 250V) V1625 1
o i — IP60G NL7976B BLK 4100115 -
2 Q X - 2 MOLDED PLUG VAC14S (10A 250V VAC14S—BK 1
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