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NOTES:
1. CORE: MP1040-2BO0.
j 2. ADHESIVE:P/N 21228
ADHESIVE TAPE 3. REFERENCE 3M TAPE 468MP ADHESIVE TRANSFER
TAPE OR ENGINEER APPROVED ALTERNATIVE.
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