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Component Specifications 

Material  

Housing ABS 94V-0 Rating 

Connector Plastic; PBT with Glass Fiber 

Contact Brass 

Shell Brass 

PCB Epoxy Glass FP-4 94V-0 Rating 

Finish  

Housing Chrome 

Contact Gold 30 Micro Inch 

Shell Nickel 

Electrical  

Current Rating 2 AMP Max 

Voltage Rating 140 VDC 

Environmental  

Operating Temperature -20°C to +80°C 
CS-132 
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