NEW

NEW

Mini Steel Alligator Clip w/Threaded Barrel, 5 Amp

Features
e Nickel Plated
® 6-32 UNC Threaded Barrel Connection

e Overall Length: 1.500” (38.1mm) -
e Jaw Opening: .190” (4.8mm) £

NTE Type No. Description
72-126 Miniature Steel Alligator Clip with Threaded Barrel

Toothless Steel Alligator Clip, 5 Amp

Features

o Smooth Micro Tipped Jaws

e Crimp or Solder Connection

e Overall Length: 1.100” (27.9mm)
e Jaw Opening: .220” (5.58mm)

NTE Type No. Description
72-129 Toothless Steel Alligator Clip

72-129 Series Kit

Features

o 5 Amp Toothless Steel Alligator Clip
e Flexible PVC Composition Insulator -
,
NTE Type No. Kit Contains &
72-129-KIT 2 Pair of 72-129 Toothless Steel Alligator Clips = —
2 Pieces of 72-131-0 Black Insulators

2 Pieces of 72-131-2 Red Insulators

Toothless Solid Copper Alligator Clip, 5 Amp

Features

Smooth Micro Tipped Jaws .
e Crimp or Solder Connection
e Overall Length: 1.100” (27.9mm)

e Jaw Opening: .220” (5.58mm)

]
NTE Type No. Description ‘L
72-130 Toothless Solid Copper Alligator Clip

72-130 Series Kit

Features

o 5 Amp Toothless Solid Copper Alligator Clip

® Flexible PVC Composition Insulator > -

NTE Type No. Kit Contains 4 ')

72-130-KIT 2 Pair of 72-130 Toothless Solid Copper Alligator Clips —
2 Pieces of 72-131-0 Black Insulators

2 Pieces of 72-131-2 Red Insulators
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