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anl 19233 MP 519,00 IREVE_ECR NO./DESCRIPTION | DATE

CHANGED SPECIAL REQUIREMENTS SEE HAND DWG.
FOR REV HISTORY
5699 KB
@ i LPDAT?D T0 CAD & ADDED O'S 8/19/38
- - 155 £ .003% w | 18818 KB 9/10/98
Z . 125 L. 04 2+ O 08) CHG' D FILAMENT SHAPE
- - 16909 KB ,
(ﬁ/‘/j;\’ -'/‘9) Y ADDED FILAMENT SHAPE 9/30/98 :
NOTES 7 | 17506 KB 3/1,/99
‘ 1. ALL DIMENSIONS ARE IN INCHES(mm). R ER AN
| LLL 2. FILAMENT SHAPE MUST BE UNIFORM, WITH COILS EVENLY
1 SPACED AND FREE OF TWIST OR SHORTING.
a0 2 Hg40(:) 3., LAMPS SHALL BE CLEAN WITH NO FORIEGN MATERIALS OR GLASS
cd 87 £ 7. 020 CHIPS INSIDE,
— (:) 4. LAMP ENVELDPE SHALL BE [CLEAR AND FREE DF BUBBLES,
P B0 + 0I5 SCRATCHES, OR DISCOLORATION,
B (8. 14 £ O, 75) 5. CENTER OF THE FILAMENT SHALL BE WITHIN THE CENTER 1.3
st OF THE LAMP ENVELOPE,
. 6. LAMPS SHALL BE CAPABLE OF OPERATION AND STORAGE FROM
[ | -B5°C TO 100°C WITHOUT DEGRADATION.
\ ] t I 7. LAMPS SHALL BE LEGIBLY MARKED WITH PART NUMBER,
e = } | 8., LAMPS SHALL BFE PROPERLY PACKAGED IN CONTAINERS SUITABLE
TO PREVENT ANY DAMAGE DURING SHIPMENT.
075 £ . 010 9. NO CEMENT TO APPEAR AT THE TOP OF THE BASE ADJOINING
/.97 # O0.25 ENEVELOPE .
10. SIDE SOLDER SHALL NOT INCREASE THE BASE FLANGE DIA.
. L, s87 # 005 @ BEYOND . 186 THIS ONG IS THE PRIPERTY B

(4 &0 £+ 0. 750

OF CHICAGD MINIATURE LAMP INC.
AND TS PROPRIETARY IN
GENERAL AND IN DETALL.

IT SHALL NOT BE COPIED

OR ITS (ONTENTS REVEALED

SPECIAL REQUIREMENTS: THE FOLLOWING NOTES PERTAIN TO ® FOR INSPECTION LSE ONLY | DISIEPRIES M ) |
SPECFIC LAMPS ONLY. SEE THE SPECIAL RERUIREMENTS COLUMN OF THE TABLE. SPC OOCUMENTATION RER. (X R CHARTS) R B oF chicaco mntaree cave ivcdl BYV/S T 8
UNIT PACKAGES SHOULD BE MARKED “B838AS15”. _?? S
.040.070 LONG INSULATOR ON CENTER OF LEAD WIRE.
STAMP BASE OF 6839-206 TO READ “B839-E“, . T-1 SUB-MIDGET

LAMPS TO BE AGED A MIN. OF 10 HOURS PRIOR TO SELECTION. FLANGE BASE LAMP

mommo>

RAHPS SHALL BE PACKAGED 10PCS. PER BAG, AND INSER&ED INTO A
UMBER ONE BOX. BOX SHALL BE STAMPED WITH PART NUMBER,

p N Cazcaco Minzature Lave Inc.
147 CENTRAL. AVE. HACKENSADK, NJ 07801

DLERANCE UNLESS OTHERWISE SPECIFIED:

AND “CUSTOMER PART NUMBER 70802-01984-102”,
K. BARRETT |que NTS
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REVI ECR NO./DESCRIPTION
SEE SHEET ONE

ELECTRICAL CHARACTERISTICS ELECTRICAL CHARACTERISTICS
voLT | AMPS(R)| Mscp | e | FILAEN AMPS MscP | e
BBI9ASIS 024 £107% | .13 15/ A\ 030 +107 | ,300¢.075 N
5839-206 024 +107| .13 +257 A\ | 72344815 030 £10% | .030 +15% A\
021 +20% | .34 425V A\ | 685415 060,006 | ,050+.008 A
060 +107 | .15 +25% A | 8102 ,075+.008 | 030,008
060 +10% | .03 +25 A | 714ms18 .075+.008 | ,090¢,014 A\
075 +10% | .09 +25% A\ | 6824525 ,060+.006 | .030+.008 A
115 £107 | 15 4257 A\ | 6854825 ,060+.006 | ,050+.013 NN
(060 £10% | .15 425% A\ | 6839-163 ,024+,003 | 130,033 A\ A\
026 £10% | .15 +25V AN | 7240 ,027+.003 | .10 +257 A\
060 +10% | .05 4257 A\ | 68394525 .024+,003 | . 13+.093 VANAN

(@) FOR INSPECTION LISE ONLY
(X) SPC DOCUMENTATION RED. (X R CHARTS)
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THIS OVG 1S THE PRIPERTY | 90 - FLANGE BASE LAMP
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