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Binding Post - EMERSON
Uninsulated With Knurled Thumb -

Nut-Grounded Type

SPECIFICATIONS
.438 (ILI3) 579 (14.71) MAX
.344 (8.74)

Stud: Brass per QQ-B-626D

Finish: Nickel

Hardware: Nickel plated nut (unassembled)
Panel Thickness: Up to .281 (7.15)
RATINGS

Current: 15 amps

NICKEL PLATING

PART NO.
111-2223-001 174-32 UNEF-2A L .10 (2.79)
SERRATED MOUNTING
SURFACE ——@ 210 (5.33)
142 (3.6

For Standard Banana Plug: .175 (4.44) Across Flats
FEATURES:

* Nickel plated stud with serrated mounting surface
prevents turning

+ Captive thumb nut .110 (2.79) diameter cross-hole
accommodates up to 10 gauge wire
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