
Description

• Dual-durometer grips provide comfort and control
• 4-Indent crimper for AWG 26-20 (0.14-0.50 mm2) D-sub contacts (P/N 1460)
• Adjustable pin height locator (P/Ns 1460 and 1462 only)

Specifications

• Application : For AWG 26-20 (0.140 - 0.500 SQ-MM) D-Sub Contacts (P/N 1460), 4 Or 8 Indent 
Crimping Of Closed-Barrel D-Sub Contacts

• Crimping Range : 26-20 AWG
• Type : D Sub 4 Indent
• Weight : 11.000 OZ (312.000 GM)

PRO-GRIP CRIMPER, 4-INDENT D-SUB, 26-20A

D-sub 4-Indent crimper (26-20AWG)

Cat No:

UPC No:

PA1460

769328122343


