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Product Female cable connector

Area M9 connectors IP 67
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Mechanical operation

Product sheet
Subminiature connectors

Pole 5
serie 712 Article number 99 0414 00 05
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You can find the item description on the next page.

Technical data

Female cable connector Material of contact CuSn (bronce)
Screw Contact plating Au (gold)
solder Material of contact body PA (UL 94 V-0)
0,25 mm? Material of housing PA (UL 94 V-0)
24

3,5-5mm

-40 °C

material housing

insulation single lead

_ Slngle Iead strucrure

conductor resistance

Contacts 5, Female cable connector

3A

<3mQ

not shieldable

IP 67

>500 mating cycles
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Item description
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Gewindering Dose
connection ring female connector g Flachdichtung female insert

flat seal
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