
Price Each
Size(mm) Order Code
14 138-2278
16 138-2279
17 138-2280
19 138-2281
20 138-2282
21 138-2283
22 138-2284
24 138-2285
25 138-2286
27 138-2288
29 138-2289
30 138-2290
32 138-2291
33 138-2292
35 138-2293
37 138-2294
38 138-2295
40 138-2296
41 138-2297
43 138-2298
44 138-2300
46 138-2301
48 138-2303
51 138-2304
52 138-2306
54 138-2307
57 138-2308
60 138-2309
64 138-2310
65 138-2311
67 138-2312
70 138-2313
73 138-2314
76 138-2315
79 138-2316
83 138-2318
86 138-2319
89 138-2320
92 138-2321
95 138-2322
102 138-2323
105 138-2324
108 138-2325
111 138-2326
114 138-2327
121 138-2328
127 138-2331
140 138-2332
152 138-2333

Ì Bi-metal holesaw for fast and clean cutting
Ì Variable tooth set and height ensure each tooth

works independantly
Ì Unique tooth shape evenly distributes cutting

forces over a wider area of the tooth
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Bi-Metal Holesaws


