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FEATURES
Low profile
Dual wipping contact
HOW TO ORDER Stack end to-and side to side for high board density
Large target area with tapered lead-in ramps for easy dip insertion
2227 -XX—XX
Ao g O SPACING MATERIAL & FINISH
04: 0'4. Contact: Phosphor bronze, Tin plated over nickel
06: 0.6" Housing: P.B.T. 30% G. F. polyester, UL 94V-0 rated
09: 0.9”
SPECIFICATION
NUMBER OF CONTACT Current rating: 1A
Dielectric withstanding voltage: 1000 VAC (1 min.)
SERIES NUMBER Insulation resistance: 1000 Mohm[ minimum.
Capacitance: 0.5 Pico- farad maximum.
A Contact resistance: 20 mohm[ maximum. 2 = C 0 [SPACING
Engaging force: 340 Grams/a contact maximum.
B Separating force: 20 Grams/a contact maximum. B17F2 1503 0161 752
1| __2.54+0.05 Durability: 50 cycles 81016 | FEZ 110165 | 752
Operation temperature: -40°C TO + 105°C 141778 11524 1016 | 752
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