Grommets

Bend protection grommets

Bend protection grommets are typically used for protection of cables
at apertures in casings.

Features and Benefits

e Routes cables free of kinks and breakage
e Provides strain relief

o Flexible and easy to apply

® High resistance to chemicals und environmental influences

MATERIAL

(PVC-FR)

Polyvinylchloride, flame-retardant

Operating Temperature

-30 °C to +60 °C

Cable Protection Systems

Protection of cables and routing free of kinks and breakage.

Shore Hardness A 56+5
Flammability uL94 vo
RoHS

TYPE Drawing Colour Article-No.
7 Black (BK) 632-01010

HV2101 Grey (GY) 632-01017
4 White (WH) 632-01019

777

HV2101A Black (BK) 632-01020
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HV2103 Black (BK) 632-01030

HV2104 | Black (BK) 632-01040
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HV2107 [ J Black (BK) 632-01070

HV2206 Black (BK) 632-02060
G/ zr 77777772
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HV2209 Black (BK) 632-02090
T

HV2210 Black (BK) 632-02100
7]

HV2213 Black (BK) 632-02130
4

HV2228 | Black (BK) 632-02280

All dimensions in mm. Subject to technical changes.

Hellermannlyton
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Further information and products at www.HellermannTyton.co.uk/a187
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