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Customer drawing

717DF: tinned

dimples for plug
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N SHELL : Steel, 2.5um (100u”) min tin over 1.25um (50u”) min nickel
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RS CONTACT :  Brass
HHHHHHHHHHHH HHHHHHHHHHH o 0.4um (15u”) min gold over 1.25um (50u”) min nickel
C ELECTRICAL : Voltage rating : 1000 V RMS at 50 Hz
Current rating 7.5A.
-~ Insulation resistance >5000 M Ohms
g Y Contact resistance 20 mOhms max.
Lfi | e \_K <\_l e CLIMATIC Temperature range —55 “C up to 85C
= L J = Damp heat 21 days(40 'C—95% HR)
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Right angle
PCB EDGE connector:

shell +

Furopean footprint
Without bracket:

TAON=X=2.54mm
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Contact type:

‘ Configuration:
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