A standard in-line 4mm banana plug with a stainless steel contact spring.

A The large rear diameter of this plug will accept cables with a conductor of up 5,5mm (10 awg). The A
lead wire is held by soldering in a large solder bucket,
The product is also supplied with a large diameter insulating cover that accepts cables with a
maximum outside diameter of 7,1mm. Nickel plating Plug Body
Material
Contact spring Stainless steel, BS302
’ Plug body Brass TR1 CZ 131 ’
Plug housing Acetal,C 27021 R
Body plating Nickel plating
Dimensions Rating 16 Amps
Voltage 50 Volts MAX
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o0 < — 579-0100 | BLACK (Nickel Plated)
n |l v 19.0 579-0200 | BLUE (Nickel Plated)
Q : — S 579-0300 | BROWN (Nickel Plated)
b - 48.75 579-0400 | GREEN |  (Nickel Plated) b
579-0500( RED (Nickel Plated)
579-0600 | WHITE (Nickel Plated)
579-0700 | YELLOW (Nickel Plated)
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