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harbus 64 . complementary to IEC 61076-4-113 s
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L
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Pin shrouds
pcb-thickness Dimension X
Identification +0.3 -0.1 Part No.
Pin shrouds™
@ 2.8 6.6 02 44 000 0007
3.4 6.0 02 44 000 0001
4.0 5.4 02 44 000 0002
4.6 4.8 02 44 000 0005
5.2 4.2 02 44 000 0004
5.8 3.6 02 44 000 0005
6.4 3.0 02 44 000 000F
@ Fixing brackets ;or 0% 447000 0008
shell housing C2)
@ Shroud insert
for 3 row female 02 44 000 0008
connectors
Dimensions 31x2,54(=78,74)
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Dimensions in mm

1) Insert block (02.09.000.0012) for assembly see chapter 30
2) order 2 pieces per connector
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