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Han® 100 A Axial module		  1000  V   100  A

 
Identification			   Part number	 Drawing	 Dimensions in mm

Stock items in bold type

Number of contacts

2

		  Part number 
Identification	 Male insert (M)		  Female insert (F)	 Drawing	 Dimensions in mm

Axial screw terminal 
100 A

10 ... 25 mm²

16 ... 35 mm²

38 mm²

Hex key SW 4
for axial setscrew 

with grip

adapter 3/8“

Cable shoe 16 mm²

for PE extension

Comment 
for hoods/
housings high 
construction only

Please use pressing tools for 
non-insulated cable shoes fol-
lowing DIN 46 230 with 16 mm² 
range (eg. K25, co. Klauke)
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