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% — THIS DIMENSION APPLIES TO ONLY
SFA-1831 & SFA-183¢
PART NO. ELA UNIT TYPE A B
SFA-1831 U A 1.72 [436] 1.250 -
SFA-1832 el A 347 [881] 3.00 [76.2] -
SFA-1833 3U B 0.22 [132.9] 2.25 [57.2] -
SFA-1834 4U B 6.97 [177.0] 4.00 [1016] -
SFA-1835 oU B 8.72 [2214] 9.75 [146.1] -
SFA-1836 6U C 1047 [265.9] 2.25 [57.2] 3.00 [76.2]
SFA-1837 /U C 12.22 [310.3] 390 [88.9] 2.2 [57.2]
SFA-1838 8u C 13.97 [354.8] 4.00 [1016] 3.00 [76.2]
SFA-1839 U C 15,72 [399.2] 4.00 (10161 4.75 1120.7]
SFA-1840 10U C 17.47 [443.7] 4,00 [1016] 6.90 [169.1]
SFA-1841 1y C 19.22 [488.1] 0.25 [133.4] 9.75 [146.1]
SFA-184¢ 12y C 20.97 [532.6] 0.20 [133.4] /.90 [190.9]




