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DSO1 /  “The Original” Deluxe SOLDAPULLT

Designed for heavt duty high volume applications
Length 137”/330mm High efficiency, durable construction
Weight 3.50z/99¢g Retractable shaft guide for portability and easy storage

US1 40 Universal SOLDAPULLT
Delivers powerful vacuum impulse

Length 8”/203mm Single-handed loading system

Weight 20z/57¢g Adjustable loading stroke to reduce hand strain

TLLL

e g

PT1 09 SOLDAPULLT Ill Desoldering Tool

Powerful vacuum, low cost
Length 127/304mm Lightweight petite barrel for smaller hands
Weight 2.50z/71¢g Retractable shaft for portability and easy storage
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DSO1 7LS Static-Safe Deluxe SOLDAPULLT
Molded from conductive material
Length 137/330mm High efficiency and durable construction

Weight 3.502/99¢g Retractable shaft guide for portability and easy storage
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S S 3 5 O Static-Safe Standard Metric SOLDAPULLT Challenger
High quality, low cost r
Length 8.5”/216mm Designed for single-handed operation ,
Weight 1.502/43¢g Aluminum barrel for easy cleaning
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P T 4 0 9 Static-Safe SOLDAPULLT Ill Desoldering Tool 5
Light weight, petite barrel for smaller hands -
Length 11.57/292mm Static-safe conductive material
Weight 2.0 0z/57¢g Retractable shaft guide for portability and easy storage
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| SS750 LS Static-Safe Standard Metric SOLDAPULLT Challenger
: Molded from conductive material
Length 8.57/216mm High quality, low cost
Weight 1.50z/43g Designed for single-handed operation

Replacement Tip SOLDAPULLT

DS017 ] US140 | PT109_|Ds017LS] 55350 | SS750Ls | PT409 §
LS197 i.d.= .125%/3.2mm L = .5367/13.6mm o
LS363 i.d.= .125%/3.2mm L = .536"/13.6mm ?
_1S751 _id.= .100%/2,5mm L = .8757/22.2mm o
SRT12 _id. = _1257/32mm L = _536"/13.6mm o ) o 4
0-Ring | Use OL111_O-Ring Lube for lubrication .
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