PART PART REVISION
NAME PUSH BUTTUN BUX - 2 HULE (22MM) No. PBB-1181/-¢ DATE c—c4-14
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1- MATERIAL: BODY- GRAY POLYCARBONATE, 10% GLASS FIBER FILLED 1L 1L
COVER - GRAY POLYCARBONATE b ]
11 (|
2- IP-67 TUV AND UL-94V0 RATING X X
[ | (I
3- ULS08/NEMA TYPE 4X AND TYPE 6 LISTED #E343339 X X
4- CONTINUOUS GASKET IN COVER e |1] s
S— FOUR NON-METALLIC CAPTIVE SCREWS PROVIDED FRONT VIEW
6- ALL HOLE DIAMETERS HAVE +/- .00500.121 TOLERANCE
ALL OTHER DIMENSIONS HAVE +/- .0150.381 TOLERANCE
7- DIMENSIONS ARE INCHIMM]
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