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Label: orange color with white charactor
One side: NULL MODEM

The other side: MINI ADAPTOR

SPECIFICATION:

Insulator: PBT Glass fibre reinforced UL 94 V0
Contact: Brass

Contact Plating: Gold plated over nickel
Shell: Tin Plated Shell

Current Rating: 3AMP

Dielectric Strength: 500V AC for one Minute
Insulator Resistance: S00M{ min at 500V DC
Temperature: —25°C — +105°C
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