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SPECIFICATIONS

CONTACT CARRIER MATERIAL/COLOR

NYLON OR TPU/YELLOW

CONTACT MATERIAL/PLATING BRASS/GOLD
RATED CURRENT [A] 4.0 A

RATED VOLTAGE [V] 250 V
HOUSING,LOCKNUT MATERIAL/PLATING BRASS/NICKEL
NUMBER OF CONDUCTORS [AWG] 5x22 AWG

TEMPERATURE RATING

—40°C to +105°C (—40°F to +221°F)

PROTECTION CLASS

MEETS NEMA 1,3,4,6P AND IEC IP68
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