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Product specification   

• PC board jack RJ45, shielded  
 

• single port, side entry, with 8 contacts  
 

• solderable  
 

• L x W x H: 25.4 x 16.13 x 13.79 mm  
 

• top latch  
 

• 50 µ" Au 
 

• Integrated magnetics 
 

• 10/100 MBit 

  

Dimensions PCB-Layout 
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Technical Data  

 

Gerneral data     

Dimensions L x W x H  25,40 x 17,98 x 15,21 mm   

Ports  1   

 

 

Mechanical properties     
Material     

Flammability  per UL 94-V0   

Housing  Thermoplastic   

Contact  CuSn   

Contact plating  Selective gold   

Shield  Copper alloy   

Shield surface  tinned   

endurance of  the contacts     

with RJ plugs per IEC 60603-7  min. 750 plug cycles   

Dimensions of RJ jack  per IEC 60603-7   

 

 

Electrical properties     

Turns Ratio     

(P8-P7-P6) : (J3-J6)  1CT : 1 ± 3%   

(P5-P4-P3) : (J1-J2)  1CT : 1 ± 3%   

Inductance     

(P8-P6)  350 µH min. at 0.1 V, 100 KHz, 8 mA DC Bias   

(P5-P3)  350 µH min. at 0.1 V, 100 KHz, 8 mA DC Bias   

Leakage Inductance     

P8-P6 (with J6 and J3 short)  0.3 max. at 1 MHz   

P5-P3 (with J2 and J1 short)  0.3 max. at 1 MHz   

Interwinding Capacitance     

P8, P7, P6 zu J6, J3  30pf max. at 1 MHz   

P5, P4, P3 zu J2, J1  30pf max. ar 1 MHz   

DC Resistance     

(J6-J3)=(J2-J1)  1.2 Ohm max.   

Return Loss     

1 MHz - 30 MHz.  18 dB min.  

30 MHz - 80 MHz   12 dB min.  

Note: 100 Ohm connected to 
(P5-P3) or (J6-J3) 

Dielectric withstand     

(J1, J2) to (P5, P3)   1500 V AC   

(J3, J6) to (P8, P6)   1500 V AC   
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Electrical properties     

Insertion Loss     

100 KHz to 100 MHz  1.1 dB typical   

Rise Time     

RS=100 Ohm and RL=100 Ohm     

Output voltage = 1 V peak  3.0 ns max.   

Pulse width = 112 ns  3.0 ns max.   

Cross Talk     

1 MHz to 100 MHz  30 dB typical   

Common to Common Mode Attention     

30 MHz to 100 MHz  35 dB typical   

 
 

Climatic properties     

Temperature range  -40 °C to + 85 °C   

 
 

Dimensions 
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PCB-Layout 

 

 
 

Wiring 

 

 


