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These premium quality UL listed modular plugs are manufactured in
the USA to meet or exceed the high data transmission standards
S 1 required by current voice and data communication standards. They
L are designed to work with most standard crimp tools, as well as the
ol complete line of Emerson crimp tools as found on page 52. These
connectors are available in 4, 6, 8 and 10 pin versions, and the gold
b " J contacts consist of 50 micro-inch gold plating, and are built to work

with both solid and stranded conductor cables.

Modular Plugs l%

Features:

¢ 50 micro-inch Gold-Plated contacts o UL Listed & Certified @ e
¢ Easy Installation with most Crimp Tools *Made in U.S.A.
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Handset Plug

32-5964UL AR (apdo) v
32-5954UL B v v Vs v/ v v v
32-5994UL B 4 4 v v 4 v 4
32-5956UL C v v v v 4 v 4
32-5996UL C v v 4 v 4 v 4
32-2098UL F v 4 4 v 4 v Shielded
32-5958UL D v 4 4 v v 4 4
32-5998UL D v v v v v v v
32-5998EUL D v v % ; % 7 7
32-2198UL D v v v v v v v v v
32-6198UL D
(Works with Belden 1872A and Bonded Cat6 7881 Wire) v 4 v 4 4 v v v
32-5910UL E RJ-45 (10p10p) v 4 v 4 v 4
Cat5E & Cat6 Stranded Patch Cable Flat Silver Satin Telephone and Colored Snagless Boots
4 pair, 24 AWG Unshielded, EIA/TIA Computer Equipment Wire for RJ-45 § Conductor Shielded
568, 1,000 ft. ‘Reel in Box’ with 28 AWG, Stranded Wire , Spool, Gray and Unshielded Modular Plugs.
cable length markings.
Cat5E Catb
(350 MHz) Color (500 MHz) Part No. Cond. Length Listing Color Round
65-9580  Gray 65-9680 65-TF254C 4 500 feet non-UL Gray 30-2900GY
65-9581  Black 65-9681 65-TF224M 4 1,000 feet non-UL Black 30-2900BK
65-9582  Blue 65-9682 65-TF256C 6 500 feet non-UL Blue 30-2900BU
65-9583  Green 65-9683 65-TF226M 6 1,000 feet non-UL Green 30-2900GN
65-9584  Red 65-9684 65-TF258C 8 500 feet non-UL Red 30-2900RE
65-9585  Yellow  65-9685 65-TF228M 8 1,000 feet non-UL Yellow 30-2900YE
65-9586  White 65-9686 65-TF264M 4 1,000 feet UL Listed White 30-2900WH
65-9587 Orange 65-9687 65-TF266M 6 1,000 feet UL Listed
65-9588  Pink 65-9688 65-TF268M 8 1,000 feet UL Listed

65-9589  Purple  65-9689
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Telephone Butt Splices

7/

UR Connector UY Connector UB Connector B-Wire Connector
3 Ports for 2 or 3 Wire Bundle Splice for Space Saving Tap Connector Splices 17 AWG Bare and
Connections, for 19-26 2 Wire Connections, to tap into existing wire 22 AWG Insulated Wire.
AWG Wire. for 22-26 AWG Wire. without interruption, for

22-26 AWG Wire.
Part No. Part No. Part No. Part No. Quantity
32-5001 32-5002 32-5003 32-6000M 1,000 per pack

32-6001C 100 per pack

Modular Couplers & Adapters

Shielded Cat5e RJ-45 Unshielded Modular Duplex Adapter
Modular In-Line Coupler for splitting Voice, Modem, Fax Unshielded Modular In-Line Coupler
Straight Wired and Data Lines. Cross Wired for Voice Applications.
Part No. Color Part No.  Color Pins Part No.  Color Pins
30-9242 Black 32-1014 Ivory 32-1004 lvory 4

32-1004W  White 4
32-1006 lvory 6

32-1014W  White
32-1016 Ivory
32-1016W  White
32-1018 Ivory
32-1018W  White
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Unshielded Cat5e Panel Mount

@

RJ-45 Modular In-Line Coupler

/‘L/\V’ri.d S‘ttr aight for Data Unshielded Modular In-Line Coupler
pplications. Wired Straight for Data

i Applications.

Part No. Color _Pins RJ-11 Three-Way Modular Adapter i
30-9344G Gray 8 UL Part No. Color  Pins
30-9344B Black 8 30-1004UL lvory 4
30-9344W  White 8 Part No.  Color Pins 30-1006UL lvory 6
30-9344 | Ivory 8 32-1044 lvory 4 30-1008KUL lvory 8

Modular Tools

4" UTP Stripping Tool Modular Crimping Tool Pro-Series Impact LANtest Remote
Strips 2, 4, 6 & 8 cond. Flat Crimps & Strips 4, 6, 8 & 8 Keyed Punch Down Tool Cable Tester
or Round Cable Solid and Modular Plugs, also works on Has a 66 & 110 Blade, a Twist Tests Pinout & Continuity for 4,6
Stranded from 3.5 mm-9 mm. AMP & Stewart Connectors Lock Mechanism, and & 8 pin USOC, RJ-45 568 A&B
Adjustable Impact Control. and Thinnet BNC Connections.

Part No. Part No. Style Part No. Part No.
24-7740P 24-4680P Non-Ratchet 24-418P 24-517

24-4680RP Ratchet
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Keystone Wallplates Keystone Jacks

Cat5E RJ-45 Keystone Jacks (8p8c)
ach 110 IDC is color coded for
EIA 568A & 568B termination and
each jack is designed to fit in any
standard keystone wall-plate or
surface mount box.
90° 180° Color
30-7511  30-7711 Black
30-7512  30-7712  Blue
30-7513 30-7713  Green
30-7514 30-7714  Red
30-7515  30-7715  Yellow
30-7516  30-7716  White
30-7517  30-7717 Orange

Standard Series Keystone Wallplates 30-7518  30-7718 Ivory
Plastic, Individually Retail Packaged e 30-7719 Gray
Ports Ivory White

1 Port 30-9209 30-9429
2 Port 30-9210 30-9420
3 Port 30-9211 30-9421
4 Port 30-9223 30-9423
6 Port 30-9212 30-9422

90° Cat3 Tool-less Keystone Shielded CATSE RJ-45
USOC Jacks (Voice - 6p6e) Keystone Jacks (8p8c)
Part No Color Part No.
30-9201 Black 33-7720

30-9201BU  Blue
30-9201RE  Red
30-9201WH  White
30-9201 IV Ivory

Keystone Inserts

Keystone Blank Unshielded Cat 5e RJ-45 Unshielded Cat 4 RJ-45
Filler Insert Keystone Feed Through Keystone Feed
Adapter Through Adapter
Part No. Color Black
30-9213 Ivory Part No Color
30-9213W  White 30-9344B Black Part No.
30-9344] Ivory 30-9240

30-9344G Gray
30-9344W  White
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