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A125

1.40 0.0551 100 160 A1251.4X160

1.50 0.0591 80 125 A1251.5X125

1.50 0.0591 100 160 A1251.5X160

1/16 1.59 0.0626 80 125 A1251/16X125

1/16 1.59 0.0626 100 160 A1251/16X160

1.80 0.0709 100 160 A1251.8X160

5/64 1.98 0.0780 80 125 A1255/64X125

5/64 1.98 0.0780 100 160 A1255/64X160

2.00 0.0787 80 125 A1252.0X125

2.00 0.0787 100 160 A1252.0X160

2.20 0.0866 100 160 A1252.2X160

3/32 2.38 0.0937 80 125 A1253/32X125

3/32 2.38 0.0937 100 160 A1253/32X160

2.50 0.0984 80 125 A1252.5X125

2.50 0.0984 100 160 A1252.5X160

7/64 2.78 0.1094 80 125 A1257/64X125

7/64 2.78 0.1094 100 160 A1257/64X160

3.00 0.1181 100 160 A1253.0X160

3.00 0.1181 150 200 A1253.0X200

3.00 0.1181 200 250 A1253.0X250

1/8 3.18 0.1252 100 160 A1251/8X160

1/8 3.18 0.1252 150 200 A1251/8X200

1/8 3.18 0.1252 200 250 A1251/8X250

1/8 3.18 0.1252 250 310 A1251/8X315

3.30 0.1299 100 160 A1253.3X160

3.50 0.1378 100 160 A1253.5X160

3.50 0.1378 150 200 A1253.5X200

3.50 0.1378 200 250 A1253.5X250

9/64 3.57 0.1406 100 160 A1259/64X160

9/64 3.57 0.1406 150 200 A1259/64X200

9/64 3.57 0.1406 250 310 A1259/64X315

5/32 3.97 0.1563 100 160 A1255/32X160

A125

1.40 - 1“

A125


