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Specification: %
1. BNC Connector: Brass, Nickel—Plated
2. Central Contact: Brass, Gold—Plated
3. Insulator: Delrin
4, Banana Plug Body: Brass, Nickel—Flated
5. Banana Plug Leaf: Beryllium Copper, Nickel—Plated
6. Plastic Body: PE, Black Color
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