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5V/3.3V/3V/Adjustable, High-Efficiency, 
Low I Q, Step-Down DC-DC Converters

Maxim cannot assume responsibility for use of any circuitry other than circuitry entirely embodied in a Maxim product. No circu it patent licenses are
implied. Maxim reserves the right to change the circuitry and specifications without notice at any time.
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PROPRIETARY INFORMATION
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VARIATIONS:

Package Information
(The package drawing(s) in this data sheet may not reflect the most current specifications. For the latest package outline info rmation
go to www.maxim-ic.com/packages .)
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