CHARACTERISTICS:

MATERIAL:

COLOR: BLACK
STYLE: UL1007

ENVIRONMENTAL

OPERATING TEMPERATURE: -20°C UP TO 80°C
COMPLIANCE: LEAD FREE AND ROHS

WIRE DIMENSION:

AWG: 28

PACKAGING:
10 PCS/BAG

Wire end A |_L1

Wire Length 300mm

[l—.1"] Wire end B

Wire end A| 65300113722
Wire end B| 65300113722
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Note:
1.Dimension
Carton Slze:40*30* 20(CM)
2.Quantity: 5000 Pcs/Carton
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