Designed to comply with physical,
electrical and environmental
requirements of Micro USB
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(1,5K per Reel) USB_3075 Micro USB Receptacle, Type B, SMT, Horizontal, Bottom
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Part Number

Product Description

USB3075

Micro USB Receptacle, Type B, SMT, Horizontal, Bottom
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