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Frame:Aluminum Alloy

Impeller:Plastic(UL:94V-0)
Motor Structure:Capacitor-Run Induction Motor.
Motor Protection:Thermal Protect.
Lead wire:UL1015AWG20
OPERATING TEMP*:-10°C~70°C
*:-10°C~60°C for fans with sleeve/ball combination bearings.

*:Noise is measured at the distance of one (1)meter from the axis of intake.

Bearing type: ©=Ball:%=Sleeve @=Hypro bearing
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Frame Bearing Rated Maximum Maximum *Noise
X Volt. Freq. . .
size Model No. System Current Power Speed AirFlow Pressure Level Weight
VAC Hz
(mm) Type  (VAC) (2 w) (rpm)  (CMM)  (CFM) (InAQ)  (mmAq)  (dBIA)
AK1781HB 115 0.57/0.48  64.40/52.00
176x176x89 © 50/60 2800/3200  9.339/10.754 330.0/380.0 0.640/0.810  16.256/20.574 66.4/70.0
AK1782HB 230 0.21/0.23  40.90/49.50
Specifications subject to change without notice.
50Hz 60Hz
Fan Performance Curve Fan Performance Curve
FLOWRATE(CMM) FLOWRATE(CMM)
0.000 2820 5640 8460 11.280 0000 2620 5640 5.460 11280
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