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THE  INFORMATION  CONTAINED  IN  THIS  DRAWING  IS  THE  SOLE
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TELECOM/MODULAR

PROJECTION

ENG

PROPERTY OF L-COM, INC.  ANY REPRODUCTION IN PART OR WHOLE

UNDIMENSIONED FEATURES

OVERALL CABLE LENGTH TOLERANCE:
≤12 [305] = +1 [25] / -0

>12 [305] ≤60 [1524] = +2 [51] / -0
>60 [1524] ≤120 [3048] = +4 [102] / -0

>120 [3048] ≤300 [7620] = +6 [152] / -0
>300 [7620] = +5% / -0%

ALL OTHER DIMENSIONAL TOLERANCES:
.X = ± .2 [5.08]

.XX = ± .02 [.51]
.XXX = ±.005 [.13]

E

6. COMPONENT SHALL BE INDIVIDUALLY PACKAGED IN

7. ALL DIMENSIONS ARE FOR REFERENCE ONLY

    ACCORDANCE WITH L-COM SPECIFICATION PS-0031.

5. CONTACTS ARE GOLD PLATED

NOTES:

1. RATING: CATEGORY 5E

2. COUPLER IS WIRED STRAIGHT THROUGH

3. JACKS CONFORM TO TIA-1096

4. HOUSING: ABS, UL94V-0 RATED, COLOR: BLACK

E


