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PUSH PULL POWER 3 POLE MALE CONNECTOR CABLE,3X1.550,NON-SHIELD BK- Jacket PUSH PULL POWER 3 POLE MALE CONNECTOR
D
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Content: POWER IN/OUT(See drawing)
“ Front: Arial 1.8 MM
NOTES / &f WHITE Connector Marking

1.JCABLE MUST UNDERGO CONTINUITY AND HI-POT(500VDC) TESTING.
2.JTHE CABLE SHOULD BE PACKED BY THE PLASTIC BAG.

HARTING P/N & REVISION

Cable lengthl(L)

THEN PUT IT INTO THE CARTON(THE QTY ACCORDING TO ACTUAL CONDITION) 3359 213 010 0003 .00 1000 = 20
3.JEXPORT CARTON SHOULD BE STICKED THE LABEL WITH P/N AND QTY.
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