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PART NOMATERIAL MARK

1971781-1M1

1971781-2M0

TEMP. RATINGMATERIAL

STANDARD(105�$�C)PHOS BRONZE

HIGH(150�$�C)COPPER ALLOY

NOTE:
 
1. APPLICABLE WIRE: 14AWG COPPER STRANDED
 
2. APPLICABLE INSULATION DIAMETER: 3.40~3.70mm, 
 
3. APPLICABLE MATED PLUG HOUSING P/N:
     *-1971773-*/*-1971776-*/*-1971876-*
     *-2232265-*/*-2232266-*/*-2232357-*
 
4.THIS PRODUCT HAS NOT COMPLETED VALIDATION TESTING.
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