
 Thermocouple types K & T
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 1, 2 , 3 & 5 metre long PTFE twin twisted
cable

 1/0.2mm conductors

 Temperature range –75°C to +250°C

Available in type K & T
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FAR003/0313. PTFE Exposed Welded Tip Thermocouples

T/C Length Manufacturing нWŽƐŝƟǀ Ğ -EĞŐĂƟǀ Ğ Farnell
Type Part Number tail wire tail wire Order Code

‘K’ 1 metres Z2-K-PTFE-TT-1/0.2-1.0-T Green White 707-6150
‘K’ 2 metres Z2-K-PTFE-TT-1/0.2-2.0-T Green White 707-6162
‘K’ 3 metres Z2-K-PTFE-TT-1/0.2-3.0-T Green White 163-3481
‘K’ 5 metres Z2-K-PTFE-TT-1/0.2-5.0-T Green White 163-3482
‘T’ 1 metres Z2-T-PTFE-TT-1/0.2-1.0-T Brown White 707-6174
‘T’ 2 metres Z2-T-PTFE-TT-1/0.2-2.0-T Brown White 707-6186
‘T’ 3 metres Z2-T-PTFE-TT-1/0.2-3.0-T Brown White 163-3483
‘T’ 5 metres Z2-T-PTFE-TT-1/0.2-5.0-T Brown White 163-3484

‘K’ 1 metres Z2-K-PTFE-TT-1/0.2-1.0-Tx5 Green White 859-8223 (pack of 5)

‘K’ 2 metres Z2-K-PTFE-TT-1/0.2-2.0-Tx5 Green White 859-8150 (pack of 5)

‘T’ 1 metres Z2-T-PTFE-TT-1/0.2-1.0-Tx5 Brown White 859-8231 (pack of 5)

‘T’ 2 metres Z2-T-PTFE-TT-1/0.2-2.0-Tx5 Brown White 859-8169 (pack of 5)

 Tolerance to IEC 584 Class 1

 Colour code to IEC 584-3

 Good mechanical strength and flexibility, 
resistant to oils, acids and other adverse
fluids
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