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BATHROOM MIRROR c/w DUAL VOLTAGE SHAVER SOCKET  

ML Accessories Code RCTM2T8 

Wattage 2 x 15W 

Description 15W T8 Bathroom Mirror c/w Dual Voltage (115-230v) Shaver Socket  

Finishes available White  

Overall dimensions  See above diagram 

Fixing Centres 300mm Horizontal  x 220mm Vertical 

Weight 7.5Kg 

Typical location Bathroom 

Lamp Supplied Yes 15W T8 840 

Voltage (V) 220-230V 50Hz  

Shaver Output (V) 230V & 115V  

Socket 2-Pin Euro 

Insulation Class Class I    Must be Earthed 

IP IP44 

Photometric Testing No 

Instruction sheet Yes 

Origin of manufacture China 

Main materials:  

Body Sheet Steel 

Method of fix Direct  

Lamp holder cap G13 T8 

Lamp type  15W 450mm T8 

Electrical Connections 20mm Entry (185mm from Top) L.E.N. Nylon Connector, Screw Terminals 

Transformer 230V/115V Dual tapped Isolating transformer 

Dimmable No 

Cold Store Version -20
0
C N/A 

F mark Yes 

CE mark Yes 

Quality Assurance System Yes ISO 9001 QMS 

Batch coding details Yes 

Certificate of Conformity Yes  

Manufactured in accordance  EN60598 

Guarantee Period 1 Year 
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