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531102B02500G
TO-220, TO-220-single gauge (0.020")

— Extruded heat sink with radial fins and notched base and solderable pins

This non-electronic component is functionally unaffected by the normal soldering or reflow processes used for
semiconductor circuits. The heat resistance time or heat resistance temperature is not applicable for the component.

Cross Reference: 6099B
Height: 38.10

Mount Orientation: Vertical
Finish: Black Anodize
RoHS: compliant

Thermal Resistance: 10.40

Additional Drawing Dimensions:
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