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TO-220, TO-220-single gauge (0.020")

Hat section heat sink for dual device

Cross Reference: 6072B
Height: 37.34

Mount Orientation: Horizontal
Finish: Black Anodize

RoHS: compliant

Thermal Resistance: 9.60
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Air Velocity—Feet Per Minute
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Heat Dissipated—Watts

Surface to Ambient—°"C/Watt





