TTUK

Category 6 Keystone Panel Mount Coupler

Category 6 Keystone Panel Mount Coupler (SACK2)

Features

e Designed to fit US industry standard keystone mount outlets wall plates and patch panels
e High performance data throughput, meets Category 6 data transfer rates

e Shielded and Category 5e versions also available

e Fully loaded 19 inch panel also available

Specifications

« DIMENSIONS (mm) 29.5 x 16.9 x 16.2 approx

Materials
e Housing: ABS UL94V-0
e Contacts: 50u"/1.27um gold plating over nickel plated phosphor bronze

e Colour: White (SACK2wh) or black (SACK2bk)
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Electrical :
# Contact resistance © 20m ohm
# [T Current rating - 1, Sdmps
* [IC resistance © Max. 0.1 ohm
* Insulation Eesistance @ 500n chm
Bl eDielectric withstanding vol tage : 100V
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TTUK

Category 6 Keystone Panel Mount Coupler (Shielded)

Category 6 Keystone Panel Mount Coupler Shielded (SACK3S)

Features

e Designed to fit US industry standard keystone mount outlets wall plates and patch panels
e RJ45 complies with FCC68

e High performance data throughput, meets Category 6 data transfer rates

e Operating temperature: ~40°C ~ +60°C

e Jack insertion life > 750 mating cycles

e Fully loaded panel also available

Specifications
¢ Housing: Nickel plated zinc alloy
e Contacts: 50"/ 1.27um gold plating over nickel plated phosphor bronze
e Dimensions 29.7 x 17 x 16.1 mm approx

e Earthing lug material: Stainless steel SUS304
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= RJ45 complies with FCC part 68 standard 28,70
= Jack Insertlon lIfe =750 matlng cycles [ —
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= Operating temperature : 40°C~+80°C
Electrical & —
= Contact reslstance : 20m ohm o
* DC Current ratlng : 1.5Amps
« OC reslstance : Max.0,1 ohm - L1
= |Insulation Resistance : 500m ohm a.81 B
# Dlelectrle withstanding voltage 1000 7.5
* Earthing lug material: Stainless steel SUS304 '
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