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3M™ Terminals: 3M™ Male Disconnects

Vinyl Insulated Butted Seam Bullet Style Male Disconnect

Terminal Type Disconnect

Terminal Style Bullet Snap Plug

Fastener Orientation Male

Insulation Material Vinyl

Barrel Style Butted

RoHS 2011/65/EU Yes

Manufacturing Origin Taiwan

Product No. UPC Conductor Size Mating Snap Diameter (S) (L) Max. Insul. Dia.

81M-156-P-A 051138-98093 22 - 18 AWG 0.156" 0.83" 0.150"

81M-180-P-A 051138-98103 22 - 18 AWG 0.180" 0.83" 0.150"

82M-156-P-A 054007-29248 16 - 14 AWG 0.156" 0.83" 0.170"

82M-180-P-A 051138-98161 16 - 14 AWG 0.180" 0.83" 0.170"

Nylon Fully Insulated Butted Seam Male Disconnect

Terminal Type Disconnect

Terminal Style Fully Insulated

Fastener Orientation Male

Insulation Material Nylon

Barrel Style Butted

RoHS 2011/65/EU Yes

Agency Approval

Manufacturing Origin

Product No. UPC
Conductor

Size
Male Tab Width (W') (L) (W) Diameter (D) Thickness Barrel I.D. Max. Insul. Dia.

71M-187-20-NL 054007-30123 22 - 18 AWG 0.187" 0.87" 0.37" 0.30" 0.020" 0.080" 0.145"

71M-250-32-NL 054007-30109 22 - 18 AWG 0.250" 0.95" 0.44" 0.30" 0.032" 0.065" 0.170"

72M-187-20-NL 054007-30139 16 - 14 AWG 0.187" 0.87" 0.37" 0.30" 0.020" 0.080" 0.145"

72M-250-32-NL 054007-30092 16 - 14 AWG 0.250" 0.95" 0.44" 0.30" 0.032" 0.085" 0.170"

73M-250-32-NL 054007-30105 12 - 10 AWG 0.250" 1.05" 0.47" 0.39" 0.032" 0.150" 0.250"
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