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LEDs reach C€  Rons
» 210 Lumen white CREE LED 7%4-18
» Zone O ATEX compliant RUNTIE

» Ultra strength polycarbonate housing

» Convenient pocket clip 135

» Rubberised head and grips for durability BEAM RANGE
» Safety locking battery compartment

» Easy push micro switch operation 210

» Impact resistant to 1M ThatD

BATTERY 4 x 1.5v AA Alkaline Batteries P54
(notincluded) DUST & WATER

WEIGHT ZSOg RESISTANCE

DIMENSION 183 x 69 x 63mm

)

RIGHT ANGLE HEAD ULTRA SMOOTH REFLECTOR

. e

CONVENIENT REAR POCKET CLIP ANTI-SLIP RUBBER GRIP HANDLE

PROFESSIONAL LIGHTING GUIDE



