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PROS FE ZONE O INTRINSICALLY SAFE HEADLIGHT

LIGHT BY

CREE&

LEDs

RUBBERISED SWITCH

SMOOTH REFLECTOR

LOCKING BATTERY COMPARTMENT

PROFESSIONAL LIGHTING GUIDE

3-4 100 180 IP67
HOURS METRE LUMENS DUST+WATER
RUNTIME BEAM RANGE OUTPUT PROOF

» 180 Lumen white CREE LED
» Adjustable rubberised headbands

» IP67 dust and waterproof

» 1M submersible

» 2 mode light settings

» Easy press rubberised switch

RN

GUS

REACH
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90° rotational head

ATEX Zone 0 compliant

Safety gas release valve

Safety locking battery compartment

Durable synthetic industrial rubber
impact resistant construction

BATTERY 3 x 1.5v AAA Alkaline Batteries (not included)
WEIGHT 143g (without batteries)
DIMENSION  Headlight: 80 x 50 x 45mm



