
–   Possible special versions:
(See chapter DC fans - specials)

     - Speed signal
     - Go / No-go alarm
     - Alarm with limit speed
     - External temperature sensor
     - Internal temperature sensor
     - PWM control input
     - Analogue control input
     - Protection against moisture
     - Protection against salt fog
     - Type of protection: IP 54 / IP 68

DC centrifugal fans
Series RG 125 N    180 x 180 x 40 mm

max. 137 m3/h

–   Material:                    Scroll housing: GRP1)

                                   Impeller: GRP1)

                                        Housing base: Sheet steel
–   Direction of air flow:  Axial: Intake
                                        Centrifugal: Exhaust 
–   Connection:                Via single wires AWG 22,

                                   TR 64
                                   48 V model: Flat plug
                                   6.3 x 0.8 mm for protective earth

–   Highlights:                  Backwards-curved impeller
–   Mass:                          730 g

1) Fibreglass-reinforced plastic
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Type                                    m3/h        CFM           VDC          VDC         Bel(A)            /       Watts         rpm              °C                       Hours              Hours

RG 125-19/12 NM               60,0         35,3             12           7...15          4,8                      2,0         1 750       -30...+75         70 000 / 30 000     117 500      ➀         

RG 125-19/12 N                  87,5         51,5             12           7...15          5,8                      5,2         2 550       -30...+75         62 500 / 27 500     105 000      ➁         

RG 125-19/14 NM               60,0         35,3             24           12...28        4,8                      2,0         1 750       -30...+75         70 000 / 30 000     117 500      ➀         

RG 125-19/14 N                  87,5         51,5             24           12...28        5,8                      4,9         2 550       -30...+75         62 500 / 27 500     105 000      ➁         

RG 125-19/18 N                  87,5         51,5             48           36...56        5,8                      4,8         2 550       -30...+75         62 500 / 27 500     105 000      ➁

RG 125-19/18 NH                 137         80,6             48           36...56        7,0                     19,0        4 000       -20...+70         55 000 / 27 500       92 500      ➂
Subject to alternations                           

Nominal data
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