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Product data sheet
Characteristics

GV1L3
TeSys GV2 - limiters - on circuit breaker

Main
Commercial Status Commercialised
Range TeSys
Product or component
type

Limiters

Accessory / separate
part category

Protection accessory

Complementary
Mounting support On circuit breaker
[Ith] conventional free air thermal current 63 A
Operating threshold 1500 A
[Ui] rated insulation voltage 690 V conforming to IEC 60947-1
Connections - terminals Screw clamp terminals 2 cable(s) 1.5...10 mm² - cable stiffness : solid

Screw clamp terminals 1 cable(s) 1.5...25 mm² - cable stiffness : solid
Screw clamp terminals 2 cable(s) 1.5...4 mm² - cable stiffness : flexible - with ca-
ble end
Screw clamp terminals 2 cable(s) 2.5...10 mm² - cable stiffness : flexible - without
cable end
Screw clamp terminals 1 cable(s) 1.5...25 mm² - cable stiffness : flexible - without
cable end
Screw clamp terminals 1 cable(s) 1.5...16 mm² - cable stiffness : flexible - with
cable end

Tightening torque 2.2 N.m
Product weight 0.13 kg


