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Ordering number
A0102710011 WSD 71 soldering station   

A0102710021 PUD 70 power unit   

A0102710031 WP 70 soldering pencil 70 watt   

A0202717011 PUD 70 power unit circuit board   

A0202717021 WP 70 heating element   

A0202717031 WP 70 soldering tip barrel    

A0202717041 WP 70 soldering tip screw nut    

A0202717051 WSD 71 safety rest  

A0202717061 PUD 70 power unit transformer   

A0202717111 MXT A soldering tip 1.6mm   

A0202717121 MXT B soldering tip 2.4mm   

A0202717131 MXT C soldering tip 3.2mm   

A0202717141 MXT H soldering tip 0.8mm   

A0202717151 MXT F soldering tip 1.2mm   

A0202717161 MXT 1 0.25mm soldering tip   

A0202717171 MXT O 1.0mm soldering tip   

A0202717181 MXT BB 60 soldering tip 2.4mm   

A0202717191 MXT CC 45 soldering tip 3.2mm   

A0202717201 MXT CC 60 soldering tip 3.2mm   
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New WSD 71
Light、Agile、Stable

WSD 71
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New

Light、Agile、Stable

■  Easy handling by operators

■  Quick temperature ramp up, 40% faster

■  Sensitive  temperature reaction, quickly temperature                                     

  recovery make high heat efficiency.

■  Robust Heating element for long time using

■  Lower temperature at iron handle for operator holding.

Product Benefit

■   LED display, Button setting for temperature

■  Password setting protect the operation temperature

■  Temperature offsetting can be adjust by buttons

■  ESD compliance

■  ESD auto-checking and alarming

■  Meet with IPC request

■  Soldering tip: MXT tips

Product Function

Product specification

WSD 71
Total powe Operation temperature range Temperature stability

75W/heating element70W 200℃ ~ 450℃ ±2℃ stable status

Power unit
Output Dimension（WxLxH） Weight

27V 110 x 135 x 85mm 1.7Kg

Iron

Grounded 
resistance  

Leakage
voltage  

Iron length  Iron weight  cord length 
cord resisting 
temperature

<2Ω <2mV 210mm 70g 1.2m 250℃
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Light、Agile、Stable WSD 71

■   For small/ middle soldering joins soldering and reworking

■  A whole series soldering tip for different components application.

■  PCB board assembly and rework

■  Easy for operation and handling

Application

■   iron 

■  heating element 

■  Safety rest

Selective parts
■   barrel

■  Transformer 

■  tip
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WSD 71 ramp up time WSD71
OTHERS

Save
40% time
Increase the efficiency




