FIBOX

Enclosing innovations ARCA AR IPW 1210BT

Order symbol: ARIPW1210BT
Description: PC Window
Remarks: Quarter Turn DIN Key, Transparent Cover

Includes, cover and base with formed in place PUR gasket, mounting hardware
and template for mounting frame.

Sample photo

inch: 12 10 3.31 NEMA Class: NEMA 4, 4X, 12, 13

mm: 306 255 82.75

Material: Polycarbonate Temperature °C (short term): -40 ... 120 °C
Base Color: RAL 7035 —light grey Temperature °C (continuous): -40 ... 80 °C
Cover Color: Transparent Temperature °F (short term): -40 ... 250 °F
Gasket material: ~ Polyurethane Temperature °F (continuous): -40 ... 175 °F
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Quarter Turn DIN Key Lock
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