Surface Mount Multilayer Ceramic Capacitors Electronic Components

EIA 1206 Case Size, COG, X7R & X5R Dielectrics KEMET

Sample Kit Contents
KEMET . . Cap Rated T . . .
Part Number Case Size | Capacitance Tolerance Voltage Thickness Dielectric Quantity
EIA/Metric % vDC mm
C1206C100J2GACTU 1206/3216 10 pF 5 200 0.78 £0.10 C0G 50
C1206C220F2GACTU 1206/3216 22 pF +1 200 0.78 £0.10 C0G 50
C1206C330F2GACTU 1206/3216 33 pF + 200 0.78 £0.10 C0G 50
C1206C470F2GACTU 1206/3216 47 pF +1 200 0.78 £0.10 C0G 50
C1206C101J1GACTU 1206/3216 100 pF +5 100 0.78 £0.10 C0G 50
C1206C221J1GACTU 1206/3216 220 pF +5 100 0.78 £0.10 C0G 50
C1206C471J1GACTU 1206/3216 470 pF +5 100 0.78 £0.10 C0G 50
C1206C102J1GACTU 1206/3216 1000 pF +5 100 0.78 £0.10 C0G 50
C1206C222K1GACTU 1206/3216 2200 pF +10 100 110 £0.10 C0G 50
C1206C472K5GACTU 1206/3216 4700 pF +10 50 0.90 £0.10 C0G 50
C1206C222K2RACTU 1206/3216 2200 pF +10 200 0.78 £0.10 X7R 50
C1206C104K5RACTU 1206/3216 0.1 pF +10 50 0.78 £0.10 X7R 50
C1206C154K5RACTU 1206/3216 0.15 uF +10 50 0.90 £0.10 X7R 50
C1206C224K5RACTU 1206/3216 0.22 yF +10 50 0.90 +0.10 X7R 50
C1206C334K5RACTU 1206/3216 0.33 uF +10 50 0.90 £0.10 X7R 50
C1206C474K3RACTU 1206/3216 0.47 uF +10 25 0.90 +0.10 X7R 50
C1206C105K3RACTU 1206/3216 1uF +10 25 1.60 £0.20 X7R 50
C1206C225K5RACTU 1206/3216 2.2 uF +10 50 1.60 +0.20 X7R 50
C1206C106K4RACTU 1206/3216 10 pF +10 16 1.60 £0.20 X7R 50
C1206C225K4PACTU 1206/3216 2.2 uF +10 16 0.90 +0.10 X5R 50
C1206C335K3PACTU 1206/3216 3.3 uF +10 25 1.60 £0.20 X5R 50
C1206C475K3PACTU 1206/3216 4.7 uF +10 25 1.60 +0.20 X5R 50
C1206C106K4PACTU 1206/3216 10 uF +10 16 1.60 £0.20 X5R 50
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Electronic Components

Surface Mount Multilayer Ceramic Capacitors — EIA 1206 Case Size, COG, X7R & X5R Dielectrics

Dimensions - Millimeters (Inches)
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3.20 (0.126) 1,60 (0.063) See Table 0.50 (0.02) Solder Wave or
1206 | 3216 £0.20 (0.008) £0.20 (0.008) Above +0.25 (0.010) N/A Solder Reflow
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