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Model Number

RLK39-54/31/40a/116

Retroreflective sensor
with terminal compartment

Dimensions

]
81.8 ) 3
3
Terminal compartment 75 25 2
@
w
]
B
— ) [¢)
o _l—q
3 i
o
)
054 05.4 —_
| = e |
=
S, =
<
6 45
19
LED yellow
-@
@
-G
C

45 | LEDred
Back view (with —
cover removed) only for version -Z:

Timer mode switch

LED yellow

only for version -Z:
Time adjuster
LED red Sensivity adjuster

Light/dark on, switchable

Electrical connection

Features 1
* Glare protected with polarization filter
* Visible red light 2
* Light/dark ON, switchable

3

* Degree of protection IP67
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Technical data

General specifications
Effective detection range
Reflector distance
Threshold detection range
Reference target
Light source
Light type
Polarization filter
Ambient light limit

0..7m

0.1..7m

9m

H85-2 reflector

LED red

modulated visible red light
yes

10000 Lux

Functional safety related parameters

MTTFy4

Mission Time (Ty)

Diagnostic Coverage (DC)
Indicators/operating means

Function indicator

Control elements
Electrical specifications
Operating voltage

Ripple
No-load supply current
Power consumption
Time delay before availability
Output
Switching type
Signal output
Switching voltage
Switching current
Switching power
Switching frequency
Response time
Standard conformity
Standards
Ambient conditions
Ambient temperature
Storage temperature
Mechanical specifications
Degree of protection
Connection
Material
Housing
Optical face
Mass

1002 a
20a
0%

LED yellow: switching state
LED red: pre-fault indication

Sensitivity adjuster, light/dark switch

Ug 12..240VDC
24 ... 240 V AC (50 ... 60 Hz)

10 %

lo <35mA

Pg <3VA

ty <50 ms
light/dark on

1 relay output

max. 240 V AC; 150 V DC

max. 3 A

DC: max. 90 W AC: max. 750 VA
f <25Hz

<20 ms

EN 60947-5-2

-25...55°C (-13... 131 °F)
-40...70°C (-40 ... 158 °F)

IP67
terminal compartment PG9, <2.5 mm2

PBT
PMMA
1109

Compliance with standards and directi-

ves
Directive conformity
Standard conformity
Product standard

Approvals and certificates
CCC approval
Approvals

EMC Directive 2004/108/EC

EN 60947-5-2:2007
IEC 60947-5-2:2007

Certified by China Compulsory Certification (CCC)
CE

Refer to “General Notes Relating to Pepperl+Fuchs Product Information”.

Accessories
OMH-RL39

Sors

www.pepperl-fuchs.com

2 Pepperl+Fuchs Group
www.pepperl-fuchs.com

USA: +1 330 486 0001 Germany: +49 621 776 4411
fa-info@us.pepperl-fuchs.com fa-info@de.pepperl-fuchs.com

Mounting bracket for RL39 series Sen-
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. Retroreflective sensor with polarization filter RLK39-54/31/40a/116

Characteristic response curve
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Reflector type:
Hes_2 10 mm
H50 10 mm I
C110_2 (0=84mm) ([100 mm | 8m
Stability control
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