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RCS-25 - Ratcheting Cable Slitter - Data Sheet
Features:

« Slits and rings PVC, PE, rubber, and other cable jacket materials. Will work on
small cables as well as cables larger than 25mm.

« Designed with reversible double-ended replacement blade (RCS-25RB) with
adjustable cutting depth 0-5mm for each unique cable application.

e 10/20/30mm scaled on tool for slitting length reference.

< For midspan or end cable slit and ring applications.

Cut Type Slit, Ring

Weight 0.4 Ibs (181.43g)

Length Open 8-1/4" (209.55 mm), Closed 6" (152.4 mm)
UPC No 811490018822

— Replacement blades for RCS-25. Comes 25 blades per package.

Slit Yes

Length 1-1/8" (206.375mm)
Weight 0.045 Ibs (20.41)

UPC No 811490018839
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